\v///4 Pawling Pneuma-Seal
TRELLEBORG | Engineered Products PRS537

PRS537 is one of our most popular extruded
profiles and is available in many different
types of materials and configurations. This
cross-section is designed for ease of
mechanical retention (see retainer tab), and
its footed profile allows the bulb portion to
cover a fairly large gap.
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Profile Details
Style S (Smooth)

Dimensions

Width (W)

1250 3175 0625 15875 0375 9525

Standard Operating Pressure

Minimum Maximum

10.00 | 0.690 25.00 1.724

Boot Dimensions and Minimum Straight Length

|le— B ——»

in mm
Boot Dimension A 1.125 28.575
Boot Dimension B 1.875 47.625
Minimum Straight Length 4.000 101.600
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Pneuma-Seal PRS537

Minimum Dimensions for Radial and Axial Expansion

AP/

Radial Expansion Out Radial Expansion In Axial Expansion
(D is constant) (OD is constant) (CL is constant)

Radial Expansion Out Radial Expansion In Axial Expansion
(D is constant) (OD is constant) (CL is constant)

3.000 in 4.500 in 114.3 mm 3.000 in

Materials
Standard Materials

60 Durometer High Quality Black Neoprene

36B07 (C (For Straight and Radial Expansion In/Out Seals)
60 Durometer EPDM for High Quality, High Flex Life Applications
E603A (C (For Straight and Radial Expansion In/Out Seals)
EGA25M (C) 60 Durometer Black EPDM Designed Primarily for Long Length Seals
(For Straight and Radial Expansion In/Out Seals)
E6A53 (C/U 60 Duromet_er Blapk FDA-Compliant EPDM With Excellent Flex Life
E6AS3 (C/U) (For All Configurations)
60 Durometer Red. FDA Compliant Silicone Designed for High Cycle Life
S60402 (C (For Straight and Radial Expansion In/Out Seals)
60 Durometer Milky White, FDA Compliant, USP Class VI Silicone
S60121 (C (For Straight and Radial Expansion In/Out Seals)
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https://www.pawlingep.com/
https://mediabank.trelleborg.com/asset/d3ea852c-9b05-432d-8361-55876e2caf92/36B07.pdf
https://mediabank.trelleborg.com/asset/ba5c8f4a-1941-4859-8e1f-efe4b093b08b/E603A.pdf
https://mediabank.trelleborg.com/asset/b55d96f5-390b-47c0-989c-2a25a807aed9/E6A25M.pdf
https://mediabank.trelleborg.com/asset/60c44a9a-8636-4092-b02e-9c1af09c6dde/E6A53.pdf
https://mediabank.trelleborg.com/asset/3a663d54-ab4d-43a2-95f3-4496a0a83dd7/S60402.pdf
http://internal.pawlingep.com/sites/default/files/pneuma-seal/standards/materials_pdf/S60121.pdf

Pneuma-Seal PRS537

Special Materials (Special Setup Charges May Apply)

60 Durometer High Quality Black Neoprene
36807 (U (For Axial Seals)

60 Durometer Nitrile Designed for Chemical Resistance and High Cycle Life
47A09 (C/U) ) .

(For All Configurations)

60 Durometer Red. FDA Compliant Silicone Designed for High Cycle Life
S60402 (U (For Axial Seals)
VT606 (C/U 60 Dyromgter Black Fluoroelastomer, Highly Chemical Resistant (For All
V606 (C/U) Configurations)
E6GO03A (U) 60 Durometer EPDM for High Quality, High Flex Life Applications (For Axial Seals)

Air Connectors

AC1 Non-Reinforced Flexible Hose Connector

—=

TYPE1.AC1A TYPE1.AC1AE
Base Non-Reinforced Hose Detail  End Non-Reinforced Hose Detail

PDF PDF

ACFIT Hose Fittings

PRV14383.001 PRV11856.001 PRV14765.001
Male 1/8-27 NPT Fitting .305-32 NEF Fitting 1/8-27 NPT Connector, Stainless
Steel
PDF PDF PDF
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https://mediabank.trelleborg.com/asset/d3ea852c-9b05-432d-8361-55876e2caf92/36B07.pdf
https://mediabank.trelleborg.com/asset/baf09e1a-d991-465b-9fd4-a02f4d80fa72/47A09.pdf
https://mediabank.trelleborg.com/asset/3a663d54-ab4d-43a2-95f3-4496a0a83dd7/S60402.pdf
https://mediabank.trelleborg.com/asset/5c030e1a-517c-49f7-aad2-f4cf872ea705/VT606.pdf
https://mediabank.trelleborg.com/asset/ba5c8f4a-1941-4859-8e1f-efe4b093b08b/E603A.pdf
https://mediabank.trelleborg.com/asset/076f019f-21bd-44e8-9f47-14f98f34df54/TYPE1.AC1A.pdf
https://mediabank.trelleborg.com/asset/94e5ecfb-3195-41d3-b2e4-7a720085375f/TYPE1.AC1AE.pdf
https://mediabank.trelleborg.com/asset/cd2ad24f-2f30-4f67-964f-1327acf9ce1d/PRV14383.001.pdf
https://mediabank.trelleborg.com/asset/b11638a2-bbf3-4b0b-8bac-ad95fda0d193/PRV11856.001.pdf
https://mediabank.trelleborg.com/asset/9a14bbe4-6e21-40d7-9397-3358fba6c2bb/PRV14765.001.pdf
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AC14 Threaded End Connections

TYPE1.AC14E.PRV8426.901
End Connector

PDF

Retainers

S -

PR4009 PRS287-SS
One-Piece Retainer Z-Clip
PDF PDF

PR36486
Retainer Groove Dimensions for
PRS537

PDF
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PR9494
Two-Piece Retainer

PDF
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https://mediabank.trelleborg.com/asset/e21d8442-a82a-4365-b7e1-d9b2fbc64765/TYPE1.AC14E.PRV8426.901.pdf
https://mediabank.trelleborg.com/asset/a86059c0-2f27-4b62-9b17-a7450de7ea69/PR4009.pdf
https://mediabank.trelleborg.com/asset/dee98aad-4b9f-4843-950b-9671b8a14936/PRS287-SS.pdf
https://mediabank.trelleborg.com/asset/c3192277-44c5-4774-a047-12b79a084e37/PR9494.pdf
https://mediabank.trelleborg.com/asset/6157569c-1fe7-4b12-af3d-80b4e5921ff8/PR36486.pdf
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Tooling
RSC

Relieved Square Corners

PRS537-SQR-0
Relieved square corners for axial expansion
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