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PRS946 is one of the largest serrated Type 1 
profile that we offer and is limited in 
materials and configurations. This design 
incorporates the use of a serrated bead 
surface to concentrate the sealing along 
several well-defined points. It is designed for 
ease of mechanical retention (see retainer 
tab), and its footed profile allows the bulb 
portion to cover a fairly large gap. 
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Profile Details 
Style T (Serrated) 

Dimensions 

Width (W) Height (H) Gap (Y) 
in mm in mm in mm 

2.375 60.325 1.375 34.925 0.813 20.6502 
 
Standard Operating Pressure  

Minimum Maximum 
psi bar psi bar 

10.00 0.690 25.00 1.724 
 

Boot Dimensions and Minimum Straight Length 

 

 

 

 

 

 

 

 

in mm 
Boot Dimension A 1.688 42.875 
Boot Dimension B 2.187 55.550 
Minimum Straight Length 8.000 203.200 
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Minimum Dimensions for Radial and Axial Expansion 

 
Radial Expansion Out 

(D is constant) 

 
Radial Expansion In 

(OD is constant) 

 
Axial Expansion 
(CL is constant) 

8.500 in 215.9 mm 13.250 in 336.55 mm 19.000 in 482.6 mm 
      

 
Radial Expansion Out 

(D is constant) 
 

 
Radial Expansion In 

(OD is constant) 
 

 
Axial Expansion 
(CL is constant) 

4.250 in 107.95 mm 6.620 in 168.148 mm 9.500 in 241.3 mm 

 

Materials  
Standard Materials 

E603A (C) 60 Durometer EPDM for High Quality, High Flex Life Applications 
(For Straight and Radial Expansion In/Out Seals) 

S60402 (C) 60 Durometer Red. FDA Compliant Silicone Designed for High Cycle Life 
(For Straight and Radial Expansion In/Out Seals) 

 

Special Materials (Special Setup Charges May Apply) 

47A09 (C/U) 60 Durometer Nitrile Designed for Chemical Resistance and High Cycle Life 
(For All Configurations) 

36B07 (C/U) 60 Durometer High Quality Black Neoprene 
(For All Configurations) 

E603A (U) 60 Durometer EPDM for High Quality, High Flex Life Applications 
(For Axial Seals) 

S60402 (U) 60 Durometer Red. FDA Compliant Silicone Designed for High Cycle Life 
(For Axial Seals) 
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Air Connectors 
AC1 Non-Reinforced Flexible Hose Connector 

  

 

TYPE1.AC1C 
Base Non-Reinforced Hose Detail 

 
PDF 

TYPE1.AC1CE 
End Non-Reinforced Hose Detail 

 
PDF 

 

ACFIT Hose Fittings 

   

PRV14383.001 
Male 1/8-27 NPT Fitting 

 
 

PDF 

PRV11856.001 
.305-32 NEF Fitting 

 
 

PDF 

PRV14765.001 
1/8-27 NPT Connector, Stainless 

Steel 
 

PDF 

 

AC14 Threaded End Connections 

 

  

TYPE1.AC14E.PRV8426.900 
End Connector 

 
PDF 
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https://mediabank.trelleborg.com/asset/9a14bbe4-6e21-40d7-9397-3358fba6c2bb/PRV14765.001.pdf
https://mediabank.trelleborg.com/asset/d4adfdb6-7ca1-41e4-9203-22d3cd769303/TYPE1.AC14E.PRV8426.900.pdf
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AC4A Male NPT Nut/Washer Direct Connection 

 

  

TYPE1.AC4A 
1/8-27 NPT Base Connector 

 
PDF 

 

AC4C Push Connect Fitting 

 

  

TYPE1.AC4C 
Push Connect Hose Fitting for 

1/4 and 1/8" OD Tubing 
 

PDF 

 

AC5 Tire Valve Direct Connection 

 

  

TYPE1.AC5 
.302-32 Threaded Tire Core Valve 

 
PDF 
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Retainers 

 

  

PR36499 
Retainer Groove Dimensions for 

PRS946 
 

PDF 

  

 

Tooling 
None 
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